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Order No. Type Rated voltage/current *Standard colors

66.9684-* XUB-G
600 V ¹⁾, CAT II / 20 A 
1000 V ²⁾, CAT II / 20 A

Ni   
20  21  22  23  24  
25  27  29

Insulated, rigid, Ø  4  mm, accepting 

spring-loaded Ø 4 mm plugs with rigid in-

sulating sleeve. Machined brass. The sock-

et is surface-mounted, assembled flush, or 

pressed into pre-drilled panels of plastic, 

metal, etc. Connection: Threaded bolt M4.

Protective cap SD-XUB, page 168

Press-in tool MB4-S, page 171

MA
Ich bin eine Montageanleitung. 

Man sollte mich unbedingt le-

sen, bevor man das Produkt ver-

wendet! Ich beinhalte wertvolle 

Hinweise zur korrekten Montage 

und zum richtigen Einsatz des 

Produktes. Im Moment ist die 

Schrift zwar ein bischen klein, 

aber später geht das dann ganz 

gut zu lesen, da die MA dann

Assembly instructions MAH507

www.staubli.com/electrical

1)  Surface-mounted
2)  Assembled flush or pressed in

Optional: Protective cap SD-XUB to cover 

up unplugged, unused sockets (Protection 

degree IP67).

Universal socket XUB-G

Optional colors 26  28  

Further information, page 6




