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◎ Specifications and/or dimensions in this catalog are subject to change without notice.
◎ Your checking the latest specifications with our drawings would be highly appreciated.

○  Straight Plug

D/MS3106A20-29 S W (D190)
① ② ③ ④ ⑤ ⑥

① Connector Style 3106A : Straight Plug

② Shell Size 10SL, 12S, 14S, 16S, 16, 18, 20, 22, 24, 
28, 32 and 36

③ Insert Number Refer to page 3 to 6.

④ Contact Style  P : Plug Contact 
 S : Socket Contact.

⑤ Alternate Insert Key   
  Position

Omit : Standard Position, 
W, X, Y, Z : Refer to page 7.

⑥ Deviation (D190) Waterproof, without backshell.

Shell Size A B C±0.5 D E±0.3 G J±0.12

10SL 5/8-24UNEF-2B 22.00 23.30 9/16-24UNEF-2A 7.50 12.50 13.49

12S 3/4-20UNEF-2B 25.40 24.43 11/16-24UNEF-2A 8.43 15.60 13.49

14S 7/8-20UNEF-2B 28.57 24.34 3/4-20UNEF-2A 8.46 17.00 13.49

16S 1-20UNEF-2B 31.75 24.38 7/8-20UNEF-2A 8.38 20.05 13.49

16 1-20UNEF-2B 31.75 33.72 7/8-20UNEF-2A 11.76 20.26 18.26

18 1 1/8-18UNEF-2B 34.13 33.72 1-20UNEF-2A 11.74 23.50 18.26

20 1 1/4-18UNEF-2B 37.28 34.11 1 1/8-18UNEF-2A 12.16 26.80 18.26

22 1 3/8-18UNEF-2B 40.48 34.11 1 1/4-18UNEF-2A 12.15 29.90 18.26

24 1 1/2-18UNEF-2B 43.63 36.58 1 3/8-18UNEF-2A 13.42 32.90 18.26

28 1 3/4-18UNS-2B 50.00 37.03 1 5/8-18UNEF-2A 13.07 38.98 18.26

32 2-18UNS-2B 56.33 36.95 1 7/8-16UN-2A 13.14 45.30 18.26

36 2 1/4-16UN-2B 62.68 37.44 2 1/8-16UN-2A 13.60 51.60 18.26

○ Waterproof Straight Backshell

Shell Size Part Number L A B C D V W

10SL CE02-10SLBS-S-D 20.0 18.6 6.5 6.6 17.9 9/16-24UNEF-2B 5/8-24UNEF-2A

12S CE02-12SBS-S-D 20.0 21.6 6.5 6.6 20.8 11/16-24UNEF-2B 5/8-24UNEF-2A

14S CE02-14SBS-S-D 25.0 22.3 7.4 9.8 20.4 3/4-20UNEF-2B 3/4-20UNEF-2A

16 CE02-16BS-S-D 28.0 26.5 7.9 13.0 23.4 7/8-20UNEF-2B 7/8-20UNEF-2A

18 CE02-18BS-S-D 31.0 30.5 10.5 16.3 26.7 1-20UNEF-2B 1-20UNEF-2A

20 CE02-20BS-S-D 35.0 35.0 10.9 17.8 31.6 1 1/8-18UNEF-2B 1 3/16-18UNEF-2A

22 CE02-22BS-S-D 35.0 36.5 10.9 17.8 32.4 1 1/4-18UNEF-2B 1 3/16-18UNEF-2A

24 CE02-24BS-S-D 40.5 40.0 12.2 21.0 36.6 1 3/8-18UNEF-2B 1 7/16-18UNEF-2A

28 CE02-28BS-S-D 45.0 47.2 11.9 21.0 40.0 1 5/8-18UNEF-2B 1 7/16-18UNEF-2A

32 CE02-32BS-S-D 50.0 51.4 10.0 25.8 47.0 1 7/8-16UN-2B 1 3/4-18UNEF-2A

36 CE02-36BS-S-D 55.0 58.4 10.0 33.8 53.1 2 1/8-16UN-2B 2-18UNS-2A
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CE02-18BS-S-D
① ② ③ ④ ⑤ ① Shell Size 10SL, 12S, 14S, 16S, 16, 18, 20, 22, 

 24, 28, 32 and 36 

② Model B：Backshell  

③ Type S：Straight    

④ Waterproof S：IP67

⑤ Finish Trivalent Chromium Finish(Black)  

+0.35
-0.25

MATERIAL/FINISH
Aluminum Alloy / Black Trivalent Chromium Treatment

H

Contact Size

#16 #12 #8 #4 #0

8 max, 8 max. 10 max. 13 max. 13 max.




