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Asia type Ball Bushing Asia type Ball Bushing

SC ball bush housing

(Unit : mm)

C : Basic dynamic load rating

Co : Basic static load rating

SC 25 UU
[1]        [2]

[1] Model number

[2] Seal : No symbol(Without seal), 
UU(Seals on bothside)

Ordering example

•Metric dimension (Asia type)

•Stock available

Model number H E W L F G T

SC 12 15 21 42 36 28 24 8

SC 13 15 22 44 39 30 24.5 8

SC 16 19 25 50 44 38.5 32.5 9

SC 20 21 27 54 50 41 35 11

SC 25 26 38 76 67 51.5 42 12

SC 30 30 39 78 72 59.5 49 15

SC 35 34 45 90 80 68 54 18

SC 40 40 51 102 90 78 62 20

B C K S1 S2 C [N] Co [N]

30.5 26 5.75 M5 4.3 12 510 780

33 26 5.5 M5 4.3 12 510 780

36 34 7 M5 4.3 12 770 1180

40 40 7 M6 5.2 12 880 1350

54 50 11 M8 7 18 980 1550

58 58 10 M8 7 18 1570 2700

70 60 10 M8 7 18 1670 3150

80 60 11 M10 8.7 25 2160 4020


